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A brand of Lllegrand’

Mechanical sliding door SD3
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1. CHARACTERISTICS

RAL 9003 (white) / RAL 9005
Colour

(black)
Material Sheet metal / Glass / Plastics
Finishing Powder coated
Working conditions Max. 5 - 40°C / 20 — 80% RV
Approvals according to CE
Standarization NEN-EN 16005

Door types Double door

Variable between 1000-1800
for Double doors.

Variable between 900-1200
for Single doors.

For aisle widths (mm)

Standard heights (mm) 1978 (42U) /2200 (470) /

2420 (52U)
Standard width (mm) 2100
Height of beam (mm) 100
Depth of beam (mm) 200

Height of door opening (mm) | Standard height — 100

Double door max. 1200, Single
door max. 1100.
(depending on aisle width)

Clear door opening (mm)

Self-closing system Optional (incl. end latch)

In combination with self-

Door synchronization K
closing system

Door closing Soft close

Airleakage, at 10 Pa 108 m3/h

Portal (option)

Standard heights (mm) 1978 (420) /2200 (470) /

2420 (52U)
Depth (mm) 100
Total width portal (mm) 2100

Security option

Door position indicator Magnetic contacts

V1.1 Release date:10-03-2025

2. MAINTENANCE

The Minkels Mechanical Sliding Door is maintenance-free for
10 years or up to 10.000 cycles, tested up to 35.000 cycles.
To maintain smooth operation and prevent wear:

(] Clean the rails annually with a lightly damp cloth (no
cleaning agents).

If heavy use occurs, occasional adjustments to the closing
edges, bottom guide, end hook, or synchronization mechanism
may be needed.

After 10 years or 10,000 cycles, a maintenance check is advised
to inspect and replace moving parts if necessary.

3. FLOOR MOUNTING CRITERIA
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4. DRAWINGS

Mechanical sliding door for 1200-1450mm wide aisle
without portal.
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Mechanical sliding door for 1450-1800mm wide aisle
without portal.
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Mechanical sliding door 1200-1800mm with portal.
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