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ORV3 RACK & POWER SYSTEM SOLUTIONS

Legrand’s OCP ORV3 Rack & Power System is built for high-density, high-performance data centers, especially those
supporting Al, HPC, and supercomputing workloads. Designed to support efficiency-driven AC and DC configurations,

it offers a flexible, modular solution with high redundancy, intelligent power management, and remote monitoring for
enhanced operational visibility. Highly scalable, the Legrand OCP ORV3 Rack & Power System enables applications with
power needs exceeding 100kW.

OCP RACK

= Compatible with Open Rack IT systems

= Supports 21-inch OU and 19-inch RU hardware

]. = Depth up to 54 in,, width up to 31.5 in.

= Height: up to 480U/52RU

= Weight Capacity: up to 5,000 Ibs.

2 { = Custom solutions and 60U lab rack are available
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= Supports NVIDIA MGX™ architecture for accelerated computing

ORV3 VERTICAL DC BUSBAR

= Rolled-form design ensures consistent quality

= Customizable design for unique solutions

= Supports NVIDIA MGX™ architecture for accelerated computing
= Current Capacity: 400A, 700A, and 1400A

= Height: 440U

BUSWAY POWER DISTRIBUTION SYSTEMS
l — = Continuous access, open-channel busway; busduct solutions available
= Modular busway systems from 250A up to 6000A

= High-density plug-in units deliver up to 250A AC
= Configurations available up to 200kW+ per busway plug-in
= Accommodates high-density multi-circuit configuration with ease

RACK & POWER
To learn more visit
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33kW ORV3 2RU HPR POWER SHELF WITH 5.5KW PSUs

= Feeds six (6) hot-swappable high-efficiency 5.5kW power supply units (PSUs)
= Supports 3®-A and 3®-Y ORV3 universal input power cords

= N+1and N+N redundancy with active current sharing

= Six (6) integrated AC Cx outlets with circuit breakers to power AC devices

= Integrated hot-swappable Power Management Controller (PMC) with Gigabit
Ethernet, Redfish® API, PoE, environmental monitoring, and interoperability

= Advanced power quality monitoring and metrics

1RU design pending

OU AC RACK PDU WITH POWER SHELF DISTRIBUTION

= Inputs: Two (2) 380-415V 3®-Y 60/63A

= Outputs: Four (4) 17kW 3® ORV3 universal input power cords

= Six (6) AC Cx outlets with branch circuit protection

= Hot-swappable controller with Gigabit Ethernet, Redfish API, and interoperability

OU AC FUSED RACK PDU
= OCP Inspired product
; : = Input: 380-415V 3®-Y
e = Output: 220-240V 3¢-Y
= Six (6) AC Cx outlets with branch circuit protection
= Hot-swappable controller with Gigabit Ethernet, Redfish API, and interoperability

COLDLOGIK RDHx REAR DOOR HEAT EXCHANGER

= Designed to operate on a closed-loop water circuit; supports both warm
and cold water supply

= Autonomous thermal management

= Delivers up to 200kW of cooling per rack

= Available in multiple sizes to suit standard and custom rack configurations

NODEGRID SERIAL ROUTER WITH AN OCP CARD
= Modular, Gen 3 out-of-band connectivity, supporting different expansion modules
= Consolidated solution - combine up to nine devices into one

= Debug and troubleshooting module for remote OCP server management
= Out-of-box automation tools
= Enterprise-level security

RACK & POWER

To learn more visit

legrand.com/datacenter
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