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Keor DK 10-20 kVA
Single phase Rack UPS system

Cat.No:311353-311354-311355
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1. CHARACTERISTICS H 2.4 Battery
The Legrand UPS model Keor DK Rack is an uninterruptible power
source with high frequency PWM technology, Double Conversion On- Uptime Expansion yes
!_lne, solid neu.tral, Rated Power 10-15-20 kVA - PF 1, it does not corjta|n Number of batteries External
internal batteries but can be connected to one or more external cabinets
containing valve-regulated, hermetically sealed accumulator batteries. Battery series Type/Voltage External
The architecture of this UPS means it can be installed in 19”Rack cabinets. Nominal string voltage [Vdc] | 10kW:96v | 15KW:£192v | 20kW: £192v
2. TECHNICAL DATA Nominal number of possible | £8 to 20 | +8to+20 +8t0 +20
external battery (+8 default) (£16 default) | (+16 default)
¥ 2.1 General characteristics B 2.5 Communication and management
Nominal power [kVA] 10 15 20 Display and Signals True-color Touch-panel 3.5” with led
Active power [kW] 10 15 20 status bar
Technology On-Line Double Conversion VFI-SS-11 Communication Ports EPO/ROO/Dry contact embedded,
B B RS232, BMS
Waveform Sinusoidal
R te M t ilabl
UPS architecture rack 19” emote Managemen avarable
Net k interf: lot SNMP
Efficiency (AC-AC) Up to 96% etwork intertace slo
Outlet -
ECO Mode efficiency Up to 99% 4
B 2.6 Mechanical characteristics
N 2.2 Input
M ts WxHxD 438x130x535
Input voltage [V] 1ph 230V; 3ph 400V easurements WxHxD [mm] X
; Battery Cabinet 438x130x570
Input frequency [Hz] 50-60 Autosensing Measurements
Input Voltage Range 176 V-280V (1ph) WxHxD [mm]
305V - 485V (3ph) Net Weight [kg] 10KW:19 | 15kW:21 | 20kw: 21
THD Input current <5%
Input power factor >0.99 B 2.7 Enviromental specs
Operating temperature [°C] -5°Cto 40 °C
® 2.3 Output Degree of protection P20
Output voltage [V] Tph 230V; 3ph 400V Relative humidity [%] 10% to 75% (non-condesing)
i - 0
Output frequency (nominal) | 50/60 Hz +/- 0.1% Noise level at 1 m [dBA] <55dB
Crest Factor 31 Heat Loss [BTU/h] 10kW: 1952 | 15kW:3007 | 20kW: 3905
THD Output voltage < 2% with linear load
Output Voltage Tolerance +1%
Bypass Static Automatic and Manual
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Keor DK 10-20 kVA
Single phase Rack UPS system

Cat.No:311353-311354-311355

3. STANDARDS AND REGULATIONS

The UPS Keor DK has the CE Mark accordingly with the EU Directives 2006
95 2004 108 and it comply with following standards

- EN 62040-1: General rules for electric safety

- EN 62040-2: Electromagnetic compatibility and immunity (EMC)

- EN 62040-3: Performances and testing rules

Cce

4. OTHER INFORMATIONS

O =

www.ups.legrand.com

Installation and maintenance manual: mounting informations and
maintenance guide available on e-catalogue

For further technical information, please contact Legrand technical
support.

Unless otherwise indicated, data reported in this document refers
exclusively to test conditions according to product standards.

For different conditions of use of the product, inside electrical
equipment or in any different installation context, refer to the
regulatory requirements of the equipment, local regulations and design
specifications of the system.
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